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TDK-Lambda
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Power supply Maximum Low leakage two stage DIN Rail
Model Rated current | Low leakage pulse attn single stage two stage Pulse attn pulse attn Option
Alpha 1000 16 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
Alpha 1500 16 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
CFE400M 6.1 RSEN-2010L | RSAN-2010L RSEN-2010 RSHN-2010 RSAN-2010 RSMN-2010 | Add "D" suffix
CPFE1000F 16 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
CPFES00F 8.2 RSEN-2016L | RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
CSS150 2.5 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -

CSS65 2 RSEL-2003WL | RSAL-2003WL | RSEL-2003W - RSAL-2003W - -
CUS250 2.8 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -
CUT75 2 RSEL-2003WL | RSAL-2003WL | RSEL-2003W - RSAL-2003W - -
DPP15 0.4 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DPP30 0.7 RSEN-2003LD | RSAN-2003LD | RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DPP50 1.1 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DPP100 2.2 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DSP10 0.3 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DSP30 0.8 RSEN-2003LD | RSAN-2003LD | RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DSP60 1.5 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DSP100 2.2 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DPP120-XX-1 2.8 RSEN-2006LD | RSAN-2006LD [ RSEN-2006D | RSHN-2006D | RSAN-2006D | RSMN-2006D Included
DPP120-XX-3 0.5 - - RTEN-5006D | RTHN-5006D | RTAN-5006D | RTMN-5006D Included
DPP240-XX-1 5.4 RSEN-2010LD | RSAN-2010LD [ RSEN-2010D | RSHN-2010D | RSAN-2010D | RSMN-2010D Included
DPP240-XX-3 0.85 - - RTEN-5006D | RTHN-5006D | RTAN-5006D | RTMN-5006D Included
DPP480-XX-1 7 RSEN-2010LD | RSAN-2010LD [ RSEN-2010D | RSHN-2010D | RSAN-2010D | RSMN-2010D Included
DPP480-XX-3 1.4 - - RTEN-5006D | RTHN-5006D | RTAN-5006D | RTMN-5006D Included
DPP960-XX-3 2.4 - - RTEN-5006D | RTHN-5006D | RTAN-5006D | RTMN-5006D Included
DRB100 1.8 RSEN-2003LD | RSAN-2003LD | RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DRB15 0.39 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DRB30 0.76 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DRB50 1.2 RSEN-2003LD | RSAN-2003LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DRF120,120HL 1.5 RSEN-2003LD | RSAN-2001LD [ RSEN-2003D | RSHN-2003D | RSAN-2003D | RSMN-2003D Included
DRF240 ,240HL 2.7 RSEN-2006LD | RSAN-2006LD [ RSEN-2006D | RSHN-2006D | RSAN-2006D | RSMN-2006D Included
DRF480 ,480HL 5.4 RSEN-2010LD | RSAN-2010LD | RSEN-2010D | RSHN-2010D | RSAN-2010D | RSMN-2010D Included
EFE300 4.7 RSEN-2006L | RSAN-2006L RSEN-2006 RSHN-2006 RSAN-2006 RSMN-2006 | Add "D" suffix
EFE400 6.1 RSEN-2010L | RSAN-2010L RSEN-2010 RSHN-2010 RSAN-2010 RSMN-2010 | Add "D" suffix
GWS250 3.3 RSEN-2006L | RSAN-2006L RSEN-2006 RSHN-2006 RSAN-2006 RSMN-2006 | Add "D" suffix
GWS500 6 RSEN-2010L | RSAN-2010L RSEN-2010 RSHN-2010 RSAN-2010 RSMN-2010 | Add "D" suffix
HWS100 1.4 RSEL-2002WL | RSAL-2002WL | RSEL-2002W - RSAL-2002W - -
HWS1000 13.5 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
HWS15 0.4 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -
HWS150 2 RSEL-2003WL | RSAL-2003WL | RSEL-2003W - RSAL-2003W - -
HWS1500 20 RSEN-2030L | RSAN-2030L RSEN-2030 RSHN-2030 RSAN-2030 RSMN-2030 | Add "D" suffix
HWS30 0.7 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -
HWS300 4.4 RSEN-2006L | RSAN-2006L RSEN-2006 RSHN-2006 RSAN-2006 RSMN-2006 | Add "D" suffix
HWS50 0.7 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -
HWS600 8.7 RSEN-2016L | RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
JWT75 1.4 RSEN-2003L | RSAN-2003L RSEN-2003 RSHN-2003 RSAN-2003 RSMN-2003 | Add "D" suffix
JWT100 1.6 RSEN-2003L | RSAN-2003L RSEN-2003 RSHN-2003 RSAN-2003 RSMN-2003 | Add "D" suffix
KM15 0.32 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001A - -

KM40 0.8 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001A - -
KPSA5-15 0.5 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -

LS100 2.2 RSEL-2003WL | RSAL-2003WL | RSEL-2003W - RSAL-2003W - -

LS150 3.5 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -

LS200 3.5 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -

LS25 0.7 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -

LS35 0.8 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -

LS50 13 RSEL-2002WL | RSAL-2002WL | RSEL-2002W - RSAL-2002W - -

LS75 1.6 RSEL-2002WL | RSAL-2002WL | RSEL-2002W - RSAL-2002W - -
LZSA1000 15 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
LZSA1500 18 RSEN-2030L | RSAN-2030L RSEN-2030 RSHN-2030 RSAN-2030 RSMN-2030 | Add "D" suffix
LZSA500 7.3 RSEN-2010L | RSAN-2010L RSEN-2010 RSHN-2010 RSAN-2010 RSMN-2010 | Add "D" suffix
MTW15 0.45 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001A - -
MTW30 0.8 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001A - -
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MTW60 1.4 RSEL-2002WL | RSAL-2002WL | RSEL-2002W - RSAL-2002A - -
NV100 1.7 RSEL-2003WL | RSAL-2003WL | RSEL-2003W - RSAL-2003W - -
NV175 3 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -
NV300 5 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -
NV350 5.5 RSEN-2010L [ RSAN-2010L RSEN-2010 RSHN-2010 RSAN-2010 RSMN-2010 | Add "D" suffix
NV700 11 RSEN-2016L [ RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
PFE300SA 4 RSEN-2006L [ RSAN-2006L RSEN-2006 RSHN-2006 RSAN-2006 RSMN-2006 | Add "D" suffix
PFE500SA 6 RSEN-2010L [ RSAN-2010L RSEN-2010 RSHN-2010 RSAN-2010 RSMN-2010 | Add "D" suffix
PFE700SA 9.5 RSEN-2016L [ RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
PFE500F 8 RSEN-2010L [ RSAN-2010L RSEN-2010 RSHN-2010 RSAN-2010 RSMN-2010 | Add "D" suffix
PFE1000F 16 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
RFE1000 13 RSEN-2016L [ RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
RFE1600 14.2 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
RFE2500 15 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
RWS100B 1.3 RSEN-2003L [ RSAN-2003L RSEN-2003 RSHN-2003 RSAN-2003 RSMN-2003 | Add "D" suffix
RWS150B 1.9 RSEN-2003L [ RSAN-2003L RSEN-2003 RSHN-2003 RSAN-2003 RSMN-2003 | Add "D" suffix
RWS300B 3.8 RSEN-2006L [ RSAN-2006L RSEN-2006 RSHN-2006 RSAN-2006 RSMN-2006 | Add "D" suffix
RWS50B 1.1 RSEN-2003L [ RSAN-2003L RSEN-2003 RSHN-2003 RSAN-2003 RSMN-2003 | Add "D" suffix
RWS600B 7 RSEN-2010L [ RSAN-2010L RSEN-2010 RSHN-2010 RSAN-2010 RSMN-2010 | Add "D" suffix
SWS1000L 13 RSEN-2020L | RSAN-2020L RSEN-2020 RSHN-2020 RSAN-2020 RSMN-2020 | Add "D" suffix
SWS600L 10 RSEN-2016L [ RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
Vega 450/550 8.5 RSEN-2016L [ RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
Vega 650 12 RSEN-2016L [ RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
Vega 900 12 RSEN-2016L [ RSAN-2016L RSEN-2016 RSHN-2016 RSAN-2016 RSMN-2016 | Add "D" suffix
ZMS100 2.2 RSEL-2003WL | RSAL-2003WL | RSEL-2003W - RSAL-2003W - -
ZPSA20 0.5 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001A - -
ZPSA40 1.2 RSEL-2002WL | RSAL-2002WL | RSEL-2002W - RSAL-2002A - -
ZPSA60 1.4 RSEL-2002WL | RSAL-2002WL | RSEL-2002W - RSAL-2002A - -
ZWS100BAF 1.3 RSEL-2002WL | RSAL-2002WL | RSEL-2002W - RSAL-2002A - -
ZWS10B 0.3 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -
ZWS150BAF 2 RSEL-2003WL | RSAL-2003WL | RSEL-2003W - RSAL-2003W - -
ZWS15B 0.4 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -
ZWS300BAF 4 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -
ZWS30B 0.65 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -
ZWS50BAF 0.67 RSEL-2001WL | RSAL-2001WL | RSEL-2001W - RSAL-2001W - -
ZWS75BAF 1 RSEL-2002WL | RSAL-2002WL | RSEL-2002W - RSAL-2002A - -
ZWX180 2.3 RSEL-2003WL | RSAL-2003WL | RSEL-2003W - RSAL-2003W - -
ZWX240 3 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -
ZWX300 3.8 RSEL-2006WL | RSAL-2006WL | RSEL-2006W - RSAL-2006W - -




