
Points clés produit

• Alimentation AC-DC triple sortie

• Compacte, format 3 x 5”, haut rendement  

• Hauteur réduite (seulement 27mm)

• Solution à coût optimisé offrant une régulation
 individuelle des sorties 

• Plusieurs options de boîtier et de connecteur

Spécifi cations essentielles

• Puissance de sortie 75W

• Large plage d‘entrée (85 à 265Vac)

• Deux modèles:
 +5V ±12V ou +5V ±15V

• Approbation med. IEC60601-1 (2xMOOP)

• Garantie 3 ans 

Applications typiques

• Automatismes industriels

• Appareils & systèmes médicaux

• Contrôle de systèmes de puissance

• Ascenceurs & convoyeurs

• Possibilité de n’utiliser que deux sorties
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Product Highlights

• Triple output AC-DC power supply

• Compact 3 x 5” format, highly efficient

• Low profi le (only 1.06”)

• Cost effective solution with individual
 output  regulation

• Several mechanical & connector options

Key Specifi cations 

• 75W output power

• Wide range universal input (85 to 265Vac)

• Two standard models:
 +5V +/-12V or  +5V +/-15V

• Medical approval IEC60601-1 (2xMOOP)

• 3 Year warranty

Typical Applications 

• Industrial automation

• Medical appliances & systems

• Electrical power control equipment

• Elevators & conveyor systems

• Can be used as dual output power supply 

For more information about TDK-Lambda: www.emea.tdk-lambda.com
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