
For more information about TDK-Lambda:   www.emea.tdk-lambda.com

Produkt-Merkmale

Spezifikationen

Typische Einsatzbereiche

Product Highlights

Key Specifications

Typical Applications

AC
-D

C 
Po

w
er

 S
up

pl
ie

s
CU

S1
00

M
E 

   
10

0W

•

• 2 x 4 inch Convection Cooled Design
• IEC60601-1 3rd Edition (2 x MoPP

Isolation) & IEC60950-1 Approvals
• Options for U channel, cover, baseplate
• 5 Year Warranty

• Output Power 100W up to 70oC with U 
channel or Baseplate option

• Curve B Conducted and Radiated EMI
• Outputs 12, 15, 18,24, 28, 36 and 48VDC
• Suitable for Class I and Class II Installations

• Medical including Hospital, Dental, Clinical 
and Healthcare Equipment

• Broadcast and Professional Audio
• Test and Measurement
• LED Displays and Signage

• Refroidissement en convection - format 2 x 4 
• Conforme IEC60601-1 3eme Edition 

(Isolement 2 x MoPP) & IEC60950-1 
• Options: Profilé en U, capot, baseplate
• Garantie 5 ans

• Equipements Médicaux pour les soins
hospitaliers, Dentaires, Cliniques et à la 
personne

• Broadcast et Audio  Professionnel
• Test & Mesure
• Affichage et Signalisation à LED

• Puissance de 100W jusqu’à 70oC avec 
l’option profilé en U ou Baseplate 

• Courbe B en émission Conduite et Rayonnée
• Sorties 12, 15, 18,24, 28, 36 et 48VDC
• Convient aux installations de Classes I & II
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